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��N-BK7: Meniscus Lenses
When used to form a positive lens assembly, the Positive Meniscus Lens can increase the NA of
the system while decreasing the total spherical aberrations.

The Negative Meniscus lens is used to increase the focal length of another lens while
maintaining the angular resolution of the optical assembly. This lens shape is best used when
one conjugate is relatively far from the lens.

Specifications
� Material: N-BK7
� Wavelength Range: 350 nm – 2.0 µm, Uncoated
� Design Wavelength: 587.6 nm (n=1.517)
� Diameter Tolerance: +0.0/-0.1 mm

� Focal Length Tolerance: ±1%
� Surface Quality: 40-20 Scratch-Dig
� Centration: ≤3 arcmin
� Clear Aperture: >90% of Diameter

Meniscus
Lenses

COATING WAVELENGTH $ £ € RMB

-A 350 – 700 nm $ 9.20 £ 6.62 € 8,00 ¥ 73.32
-B 650 – 1050 nm $ 9.20 £ 6.62 € 8,00 ¥ 73.32
-C 1050 – 1620 nm $12.20 £ 8.78 €10,61 ¥ 97.23

Example: LE1234 coated with a 350 – 700 nm Broadband AR Coating is LE1234-
A, and the cost $18.90+ $9.20= $28.10.

Standard Broadband AR Coatings
To order the lens with a standard
broadband AR Coating, add the
coating code to the Item #, and
then add the coating cost to
the lens price.

N-BK7: Negative Meniscus Lenses
DIA f PRICE UNCOATED (For Coated Lens Add Suffix) R
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ITEM # (mm) (mm) $ £ € RMB (mm) (mm) (mm) (mm) (mm) MOUNT**

LF1822 25.4 -100.0 $ 22.58 £ 16.25 € 19,64 ¥ 179.92 100.0 33.7 3.0 4.7 -99.0
LF1547 25.4 -150.0 $ 18.80 £ 13.53 € 16,35 ¥ 149.80 100.0 43.1 3.0 4.1 -148.5
LF1097 25.4 -200.0 $ 19.11 £ 13.76 € 16,63 ¥ 152.31 100.0 50.2 3.0 3.8 -198.0 LMR1
LF1015 25.4 -300.0 $ 18.80 £ 13.53 € 16,35 ¥ 149.80 250.0 95.1 3.0 3.5 -298.8 See Page 268

LF1544 25.4 -400.0 $ 19.32 £ 13.91 € 16,81 ¥ 153.98 250.0 112.5 3.0 3.4 -398.4
LF1988 25.4 -500.0 $ 19.74 £ 14.21 € 17,17 ¥ 157.33 250.0 126.3 3.0 3.3 -498.0
LF1141 25.4 -1000.0 $ 18.90 £ 13.61 € 16,44 ¥ 150.63 500.0 253.2 3.0 3.2 -998.0
*Edge thickness given before 0.2 mm at 45° typ. chamfer. **See the Lens Mount Section, Starting on Page 267.

N-BK7: Positive Meniscus Lenses
DIA f PRICE UNCOATED (For Coated Lens Add Suffix) R
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b SUGGESTED
ITEM # (mm) (mm) $ £ € RMB (mm) (mm) (mm) (mm) (mm) MOUNT**

LE1234 25.4 100.0 $ 18.90 £ 13.61 € 16,44 ¥ 150.63 32.1 82.2 3.6 2.0 96.2
LE1156 25.4 125.0 $ 18.80 £ 13.53 € 16,35 ¥ 149.80 40.6 106.9 3.3 2.0 121.6
LE1104 25.4 150.0 $ 18.80 £ 13.53 € 16,35 ¥ 149.80 49.1 131.6 3.1 2.0 146.8 LMR1
LE1202 25.4 200.0 $ 18.59 £ 13.38 € 16,17 ¥ 148.12 66.2 182.2 2.8 2.0 197.1 See Page 268

LE1929 25.4 300.0 $ 22.05 £ 15.88 € 19,18 ¥ 175.74 100.9 288.2 2.5 2.0 297.5
LE1076 50.8 100.0 $ 36.02 £ 25.93 € 31,33 ¥ 287.04 30.3 65.8 9.7 1.1 89.1
LE1418 50.8 150.0 $ 36.96 £ 26.61 € 32,16 ¥ 294.57 47.9 119.3 7.3 2.7 142.2 LMR2
LE1015 50.8 200.0 $ 42.00 £ 30.24 € 36,54 ¥ 334.74 65.2 171.6 6.2 2.9 193.6 See Page 268

LE1613 50.8 250.0 $ 39.27 £ 28.27 € 34,16 ¥ 312.98 82.5 224.7 5.5 2.9 244.3
LE1985 50.8 300.0 $ 33.29 £ 23.97 € 28,96 ¥ 265.28 100.1 279.1 5.1 3.0 294.8
*Edge thickness given before 0.2 mm at 45° typ. chamfer. **See the Lens Mount Section, Starting on Page 267.

Please refer to our website for
complete models and drawings.

Broadband Antireflection Coatings
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